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ITEM| PART# DESCRIPTION QTY| UOM FROM|TO DESCRIPTION COLOR
A [19091016| 1CKT 2.36MM REC HOUSING 31911R1201 1 PC A1 - | 1X14AWG DISC PVC BK UL1015 HOOKUP | BLACK
B | 2091102 093 Female Term Chain Tin 14-20 1 PC
C - PAPER PRINTED PAPER WHITE 1 PC
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TABLE
PART NUMBER L1 L2 TITLE
2162911011 1508 63 REF STANDARD .093 1 CIRCUIT RTO S 150MM
2162911012 30010 | 138 REF| STANDARD .093 1 CIRCUIT R TO S 300MM
2162911013 600x10 | 288 REF| STANDARD .093 1 CIRCUIT R TO S 600MM
NOTES
1. Connector view shown is from mating side. REVISION
2. Free ends must be stripped, twisted & tinned. The length gf 2053;;22 Riv INI?'II'EIiCL:FI:EPIIIEi’;E C'lARifER
tinning is 5+1mm. Tinning dia must be 2.4mm Max. [FUNCTIONAL[ THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
. . . . SYMBOLS |DIMENSION UNITS|  SCALE CURRENT REV DESC:
3. Label text must be 2mm.max. in height W|th Arial font. - 0|_mm NTS molex
4. Label must be wrapped in Flag type on a single cable. GENERAL TOLERANGES
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