10 9 8 7 6 5 4 3 2 1

ITEM [MPN DESCRIPTION QTY[UOM FROM| TO| DESCRIPTION COLOR
A 2008900108 | Edgelock 8-ckt Hsg for 1.6mm PCB Thick 1 PC A1 — | 1X22AWG DISC SR-PVC BK OD=1.22MM UL10002
C 2004490001 | EDGELOCK CRIMP TERMINAL - TINPLATED |8 |PC A2 |~ |1X22AWG DISC SR-PVC BK OD=122MM UL10002
D 884260070 | PAPER PRINTED PAPER WHITE (S100X150YAJ)|1  |PC A3 |- |1X22AWG DISC SR-PVC BK OD=1.22MM UL10002
A4 |- |1X22AWG DISC SR-PVC BK OD=1.22MM UL10002| 5, Ack
A5 |- |1X22AWG DISC SR-PVC BK OD=1.22MM UL10002
A6 |- |1X22AWG DISC SR-PVC BK OD=1.22MM UL10002
A7 |- |1X22AWG DISC SR-PVC BK OD=1.22MM UL10002
A8 |- |1X22AWG DISC SR-PVC BK OD=1.22MM UL10002
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TABLE
PART NUMBER | L1 L2 TITLE
2163311081 38 REF |100+5 |EDGE LOCK R-S 8CKT 100MM Sn MOLEX P/N
2163311082 63 REF |150+8 |EDGE LOCK R-S 8CKT 150MM Sn MOLEX
2163311083 138 REF [300+10 |EDGE LOCK R-S 8CKT 300MM Sn BATCH WK/YR
2163311084 288 REF |600+15 |EDGE LOCK R-S 8CKT 600MM Sn
DETAIL A
NOTES
1. Connector view shown is from mating side.
2. Label teXt must be 2mm max |n helght Wlth Arlal font F%%ES[‘@L 'DI':-’:,IEN[)SIIQS:\IJ:ﬁSON'I';:IZ_SEINFOgi\JA;‘I;ZNN;H}:;\I/SDPESZI?IETARYTOMOLEXELECTRONICTECHNOLOGIES,LLCANDSHOULDNOTBEUSEDWITHOUTWRITTENPERMISSION
3. Label must be wrapped in flag type on a single cable. /- of_mm_|NTS molex
. . . = (UNLESS SPECIFIED)
4. The free ends to be stripped twisted and tinned to the length g 2 oo - | REFER THE TABLE
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