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TCPN PRODUCT NUMBER MATERIAL DESCRIPTION LEAD LENGTH

2176466-1 HCH335J10RJ HCH335 500W 10R 5% LEAD 300mm

2176466-2 HCH335J22RJ HCH335 500W 22R 5% LEAD 300mm

2176466-3 HCH335J33RJ HCH335 500W 33R 5% LEAD 300mm

2176466-4 HCH335J47RJ HCH335 500W 47R 5% LEAD 300mm

2176466-5 HCH335J68RJ HCH335 500W 68R 5% LEAD 300mm

2176466-6 HCH335J82RJ HCH335 500W 82R 5% LEAD 300mm

2176466-7 HCH335J100RJ HCH335 500W 100R 5% LEAD 300mm

2176466-8 HCH335J220RJ HCH335 500W 220R 5% LEAD 300mm

SCHEDULE
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