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MATERIAL:
CONNECTORS: BMA (SIZE 8) D38999 SOCKET CONTACT (SF9411-6001)
SMA PLUG (SF2902-6005)
CABLE: T-FLEX 402 SV P/N OAL
SHRINK TUBING: M23053/5 7093-0182 12.000
7093-0183 24.000
PERFORMANCE: MATERIAL: DIMENSIONS ARE IN INCHES TOLERANCES: Amphenol
SEE NOTES | e ns oy | UNLESS OTHERWISE SPECIFED S\N/MICROWAVE
IMPEDANCE: 50 OHMS FNST SEE NOTES DECHAL X 20 | faueongesrnimg i svmicrowave com
SURFACE AREA: N / A XXX i%o% g; gb‘éyAégTR%b%SJNTEggEéRSMIL-STD-10. TITLE:
FREQ. RANGE: DC TO 18.0 GHz

PROPRIETARY

INTERPRET DIMENSIONS AND TOLERANCES
PER ASME Y14.5M - 1994

6) DIA’'S ON COMMON CENTERS TO BE CONCENTRIC
WITHIN .005 T.LR.
7) REMOVE ALL BURRS

BMA (SIZE 8) D38999 SOCKET
CONTACT TO SMA MALE FOR @.141
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