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COPIED, REPRINTED OR DISCLOSED TO A THIRD
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THE PRIOR WRITTEN CONSENT OF CAL TEST
ELECTRONICS, INC.

NOTES:
1. SPECIFICATION:
JACKET:

"COLOR" OD: 3.7+0.2
18 AWG.
2. RATING:

VOLTAGE: 1,000 V CAT IV PER IEC 61010—-031

CURRENT: 12 A MAX.
TEMPERATURE:

—60° C TO +180° C.

SILICONE. MULTI—LAYER, 1ST LAYER WHITE; 2ND LAYER
(.146+.008)
CONDUCTOR: BARE COPPER, STRANDING 195 x 0.07 mm =

0.75 mmaz,

5. AVAILABLE IN 3 STANDARD LENGTHS AND 6 COLORS — SEE MODEL

NUMBER BELOW.
4. RoHS2 COMPLIANT.
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LENGTH: 10 — 10 m PACKAGE
COLOR: 0 — BLACK 50 — 50 m SPOOL
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