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PART# DESCRIPTION DESCRIPTION
1722563103 ULTRA-FIT HSG SR 3ckt Blk 1X16AWG DISC SR-PVC BK UL1061 HKUP
1722643003 ULTRA-FIT TPA 3ckt Blk 1X16AWG DISC SR-PVC BK UL1061 HKUP
1722537023 ULTRA-FIT CRIMP TERM 16-18 TIN Pre-P 1X16AWG DISC SR-PVC BK UL1061 HKUP
-- PAPER PRINTED PAPER WHITE

D

SEE DETAIL A

TABLE
PART NUMBER L1 L2 TITLE

2174661031 150+8 | 63 REF | ULTRA-FIT SR R-S 3CKT 150MM DISC Sn
2174661032 300x10 [ 138 REF| ULTRA-FIT SR R-S 3CKT 300MM DISC Sn
2174661033 600+10 (288 REF| ULTRA-FIT SR R-S 3CKT 600MM DISC Sn
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