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Notes
Material Specification
* Housing: Thermoplastic, UL94V-0, Black
¥ Male Pin: Copper Alloy, Gold Plated.
Shell & Latch & Spring: Matal
Quter Mold: Thermoplastic, Black
Cable: PUR UL20549 Cable, Black
Electrical Specification:
¥ Contact Resistance: 10ma (Max.)
¥ Insulation Resistance: [00OMa (Min.)
¥ Voltage Proof: 2~4 Pin |.5KV
5 Pin |.0KV
6~8 Pin 0.65KV
9~17 Pin 0.65KV
¥ Roted Voltage: 2~4 Pin 250V D.C.
5 Pin 60V D.C.
6~17 Pin 30V D.C.
2~5 Pin 4.0A
6~8 Pin 2.0A
9~17 Pin I.5A
Mechanical Specification
¥ Durability: 500 Cycles
Environmental Specification
¥ Waoterproof Rate: [P63.
* Termperature Range: -20~+80°C
Cable Langth Tolerance IM:+50/-0mm
2M~3M: +100/-0mm
AM~5M: +150/ - 0mm
6M~ [ OM:4=100mm
[ IM~20M:£200mm
2IM~30M:£300mm
3IM~99M:£500mm

or A.C.
or A.C.
or A.C.
¥ Rated Current

UNTT :mm

%E

> =

TOLERANCE

+0.50mm

TITLE

MI2 A Code Push Pull Type Coble

SCALE

SIZE SHEET OF

2l Ad | 3

REV.

WC-REV

B

QC): Inspection item

ITEM N

0 DRAWN BY DATE

Sam Ho 2020-09-10

DWG NO

M

Amphenol LTW

CHECKED BY

CA-XXBMMM-PLBBXX Fred Lee

DATE

2020-09-10

CUSTOM|

ZRERRERROBRAA

ER APPROVED BY

ALTW Fred Lee

DATE

2020-09-10

7 I

8 WI0814-03-R¥0IA2

“ML7 1ouoydwy Ag QIZIYOHINY 38 OL SYH AL¥Vd QYIHL OL JYNSOTOSIC MLT 1ovaydwy 40 A1¥3IJO¥d ¥ ONY TVILNIAIINOD SI L1 “3IDILON LNOHLIM JONVHD OL 103rgnsS SI ININNOOQ SIHL




| 8
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| 2P MI2A-12BMMM-PLBBXX
| OP ' MI2A-10BMMM-PLBBXX
8P . MI2A-08BMMM-PLBBXX
6P . MI2A-06BMMM-PLBBXX
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4P : MI2A-04BMMM-PLBBXX
3P MI2A-03BMMM-PLBBXX

MI2A- XX BMMM-PL8B XX Contacts | Cable Jacket |/A\Cable OD I tem No.

XX:L=0~99Meters
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4 Pin 6 Pin 8 Pin 10 Pin 12 Pin
Pin Assignments Front View
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