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Angel Chou 2020/12/02
      TOLERANCE
    Q8U-XXBFFA-QL8001 Aric Ko 2020/12/021:1 A4      1     1
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REV. ECN NO. DATE SIGN DESCRIPTION

A Initial Release 2020/12/02 Angel Chou  Rev.02 to A

B C202000 2020/12/21 Angel Chou     x 7

5PIN 6PIN

Q8U-05BFFA-QL8001 Q8U-06BFFA-QL8001

Pin Assignments, Front View

5A, 300Vac/Vdc

2 Contacts(02)

5A, 300Vac/Vdc

3 Contacts(03)

5A, 300Vac/Vdc

4 Contacts(04)

2A, 100Vdc

5 Contacts(05)

2A, 100Vdc

6 Contacts(06)

5A, 300Vac + 2A, 100Vdc

2+3 Contacts(05)

Pin Assignments, Front View

Note:

*    Important Dimension.

* Waterproof Rate: IP68 (Mating, 1M/24 Hours)

* Housing: Thermoplastic, Black.

* Female Pin: Copper Alloy. Gold Plated.

* Seal: Rubber, Black or Dark Gary.

* Seal Of Cable OD: �n�5.5mm ~ �n�6.0mm

* Seal Nut: Thermoplastic, Black.

* Gasket: Rubber, Black or Dark Gary.

* Clamp Ring: Thermoplastic, Black.

* Holder: Thermoplastic, Black.

* Seal Nut Torque: 3.0 ~ 5.0 kgf-cm.

* Rated Voltage: 5 & 6 Pin  100V

* Rated Current: 5 & 6 Pin  2A
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