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RESISTANCE VS TEMPERATURE CHARACTERISTICS:
R min | Rnom | R max Emin | Rnom | R max
TemplCO) wn) | k) | ko) TempCON oy | k) | ko
-0 246.7 267 .4 2685 50 3.818 3.891 3.967
E -35 182.5 190.1 187.8 55 3.202 3.270 3.340
40+ 5
B > =30 136.9 142.0 1473 510 2.898 2.761 2.825
7 0 MAX -2h 1036 107 .1 110.8 B5 2.284 2.341 2.395
=20 79090 | 81.580 | 84.150 70 1.841 1.993 2.045
Py
<§f | -15 B0.950 | 62.700 | 84.500 Ii=) 1.656 1.703 1.751
3 | -10 47.360 | 48.610 | 48.870 a0 1.418 1.461 1.504
D S ‘\ -5 377100 | 37.980 | 38.870 a5 1.221 1.259 1.298
BLACK EPOXY WIRE : 28 AWG PFA GREEN UL 10503 0 29280 | 29.900 | 30.530 90 1054 | 1.088 | 1.124
h 23.250 | 23.680 | 24130 85 0.813 (.944 0.9¢7
10 18.590 | 18.900 | 19.210 100 0.794 0.822 0.851
15 14970 | 15190 | 15400 105 0.6892 0718 0.745
20 12140 | 12.280 | 12.430 110 0.6086 06259 0.653
C 25 8.900 10,000 1 10.100 115 0.531 0.552 0.574
NOTES: 30 g.082 8.190 0.288 120 0.467 0487 0.507
35 6.652 o.746 B840 125 0.412 0.430 0.448
1. RESISTANCE @ 25°C : 10KQ+1% 40 5.4499 5,587 5.676 130 0.357 (0.373 (.389
2. BETA VALUE (0/50°C) : 3600K+1% 45 4569 | 4651 | 4.734 135 0.302 | 0316 | 0.330
3. OPERATING TEMPERATURE RANGE : -40°C TO +135°C.
5 4. DISSIPATION FACTOR : 1.5mW/°C
5. THERMAL TIME CONSTANT : LESS THAN 3SECONDS IN WATER
6.INSULATION RESISTANCE : 10MQ AT 100 VDC
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W’ ANGULARTOL £ EC NO: 657230 NTC EPOXY - 3600 40MM 10K 1%
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