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RESISTANCE VS TEMPERATURE CHARACTERISTICS:
s R min Rnom | R max : R min R nom | B max
. o0
TempCCO oy | kay | ko) TempCC) vy | ko) | «Ka)
25 + 5 -40 320.50 | 33540 | 350.80 50 3.416 3.487 3.559
-t — >
-35 23240 | 242.30 | 252.70 55 2.806 2870 2.9358
7.0 MAX =30 17030 | 17710 | 184 .10 510 2.318 2.374 2.432
é -25 12620 | 13080 | 13550 65 1.921 1.972 2.024
= | -20 84 370 | 97.520 | 100.800 70 1.600 1.645 1.692
o
8 | -15 F1.230 | 73400 | 75630 75 1.338 1.379 1.420
\ \ WIRE : 28 AWG PEA GREEN UL 10503 =10 54 240 | 55740 | 57.270 80 1.124 1.160 1.197
BLUE EPOXY ' 5 41.640 | 42.680 | 43.730 85 0049 | 0982 | 1.015
g 32220 | 32930 | 33.6680 a0 0.805 0.834 0.863
5 25120 | 25620 | 26.120 a5 0.886 0711 0,737
10 19720 | 20060 [ 20400 100 0.586 0.6049 0.632
15 15580 | 15810 | 16.040 105 0.502 0.523 0D.544
20 12.380 | 12.540 | 12.6080 110 0.432 0.450 04648
) G9.900 10,000 | 10100 115 0.373 3.389 0.40G
30 7.922 8020 5.118 120 0.323 0.335 0.353
35 B.373 0.465 £.559 125 0.281 0,294 0.307
40 5152 5.238 5.325 130 0.239 0250 0.261
NOTES: 45 4 1886 4. 264 4 344 135 0,19y 0206 0.215
1. RESISTANCE @ 25°C : 10KQx1%
2. BETA VALUE (0/50°C) : 3964K+1%
3. OPERATING TEMPERATURE RANGE : -40°C TO +135°C.
4. DISSIPATION FACTOR : 1.5mW/°C
5. THERMAL TIME CONSTANT : LESS THAN 3SECONDS IN WATER
6.INSULATION RESISTANCE : 1OMQ AT 100 VDC THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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W’ ANGULARTOL EC NO: 657230 NTC EPOXY - 3964 25MM 10K 1%
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