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REV [ SIGN | DATE DESCRIPTION APPROVER

B 2020.04.17 Initial Release

THIS 1S CAD DRAWING, DO NOT REVISE MANUALL Y!!!

L=Nx560+2 40 19.70 Electrical
® Voltage rafing: UL 600V (IEC L50V)
—— ® (Current rafing: UL 35A {IEC 32A)
B ® \Vire range: 0.2-4mm’
ihz= EEZ EEZ ’ ® Solid wire(AWG): 12-24
== Rl O ® Stranded wire(AWG): 12-24
4 TEST ] IS ® Wire strip length: 11-12mm
@® \ithstanding Voltage: 3.4KV
260 ® Insulation resistance: 500MO @DC500V
(N-1)x5.60 ® Operating temperature: -40 to +85°C
® Safety Approval: cULus
(N= NUMBER OF POLES) ® Poles: 2P, 3P, 5P
Material

@ !tem (D Terminal housing: PC

@ !fem @Terminal Clamp: Stainless steel
@ Item (3) Conductor: Copper

e !tem () Terminal Cover: PC

@ ltem (5) Terminal lever: PA66
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Cu1.6120

24-12AWG 600V ¢
0.2-4mm?
450V 32A
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. of Poles

=== = A= A== [ T_RoHS compliant
No (lead<4%)
02 2 Poles
03 3 Poles Lever Color e
05 5 Poles 0000: “@" Mark (Standard)
Instruction of wire insertion 3 Orange
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