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97 series solder type
receptacles

MS3100A wall mount receptacle
Solid shell construction is strong and con-
serves space. Includes integral polarizing
key in front. Back shell is threaded for stan-
dard MS/AN fittings.

MS3101A cable receptacle
Solid shell construction is strong and con-
serves space. Includes integral polarizing key
in front shell. Machined back shell is threaded
for standard MS/AN fittings. Can be
unscrewed for inspection or soldering.

MS3102A box receptacle
Solid shell designed for open wiring. Mounts
directly on chassis, equipment or panel.
Includes internal polarized key in front shell.

MS3100A and MS3101A

Connector
Size

A
Coupling 
Thread

K Ref. L Max. M Ref. N Ref. O Ref. R Ref. S Ref. V
Fitting ThreadsInch mm Inch mm Inch mm Inch mm Inch mm Inch mm Inch mm

8S 1/2-28 5/64 1.98 1-1/4 31.75 9/16 14.27 17/32 13.49 .562 14.27 19/32 15.06 7/8 22.23 1/2-28

10S 5/8-24 5/64 1.98 1-5/16 33.32 9/16 14.27 5/8 15.88 .688 17.48 23/32 18.24 1 25.40 1/2-28

10SL 5/8-24 5/64 1.98 1-9/32 32.53 9/16 14.27 3/4 19.05 .812 20.62 23/32 18.24 1 25.40 5/8-24

12S 3/4-20 5/64 1.98 1-15/32 37.29 9/16 14.27 25/32 19.84 .812 20.62 13/16 20.62 1-3/32 27.76 5/8-24

12 3/4-20 5/64 1.98 1-27/32 46.81 3/4 19.05 25/32 19.84 .812 20.62 13/16 20.62 1-3/32 27.76 5/8-24

14S 7/8-20 5/64 1.98 1-15/32 37.39 9/16 14.27 7/8 22.23 .938 23.83 29/32 23.01 1-3/16 30.15 3/4-20

14 7/8-20 5/64 1.98 1-55/64 47.04 3/4 19.05 7/8 22.23 .938 23.83 29/32 23.01 1-3/16 30.15 3/4-20

16S 1 -20 5/64 1.98 1-15/32 37.39 9/16 14.27 1 25.40 1.062 26.97 31/32 24.59 1-9/32 32.54 7/8-20

16 1 -20 1/8 3.18 1-57/64 47.85 3/4 19.05 1 25.40 1.062 26.97 31/32 24.59 1-9/32 32.54 7/8-20

18 1-1/8-18 1/8 3.18 1-63/64 50.24 3/4 19.05 1-1/8 28.58 1.188 30.18 1-1/16 26.97 1-3/8 34.93 1 -20

20 1-1/4-18 1/8 3.18 1-57/64 47.85 3/4 19.05 1-1/4 31.75 1.312 33.32 1-5/32 29.36 1-1/2 38.10 1-3/16-18

22 1-3/8-18 1/8 3.18 1-63/64 50.24 3/4 19.05 1-3/8 34.93 1.438 36.53 1-1/4 31.75 1-5/8 39.67 1-3/16-18

24 1-1/2-18 1/8 3.18 2-1/4 57.15 13/16 20.62 1-1/2 38.10 1.562 36.67 1-3/8 34.43 1-3/4 44.45 1-7/16-18

28 1-3/4-18 1/8 3.18 2-1/4 57.15 13/16 20.62 1-3/4 44.45 1.812 46.02 1-9/16 39.67 2 50.80 1-7/16-18

32 2 -18 1/8 3.18 2-3/8 60.33 7/8 22.23 2-1/32 51.59 2.062 52.37 1-3/4 44.45 2-1/4 57.15 1-3/4-18

36 2-1/4-16 1/8 3.18 2-3/8 60.33 7/8 22.23 2-1/4 57.15 2.312 58.72 1-15/16 49.20 2-1/2 63.50 2 -18

MS3102A

Connector
Size

A
Coupling 
Thread

K Ref. L Max. M Ref. N Ref. O Ref. R Ref. S Ref.

Inch mm Inch mm Inch mm Inch mm Inch mm Inch mm Inch mm

8S 1/2-28 5/64 1.98 55/64 21.82 9/16 14.27 7/16 11.10 .562 14.27 19/32 15.06 7/8 22.23

10S 5/8-24 5/64 1.98 55/64 21.82 9/16 14.27 1/2 12.70 .688 17.48 23/32 18.24 1 25.40

10SL 5/8-24 5/64 1.98 61/64 24.21 35/64 13.87 11/16 17.48 .812 20.62 23/32 18.24 1 25.40

12S 3/4-20 5/64 1.98 31/32 24.61 9/16 14.27 11/16 17.45 .812 20.62 13/16 20.62 1-3/32 27.76

12 3/4-20 5/64 1.98 1-21/64 33.73 3/4 19.05 11/16 17.45 .812 20.62 13/16 20.62 1-3/32 27.76

12SL 3/4-20 5/64 1.98 27/32 21.44 35/64 13.87 11/16 17.45 .938 23.83 13/16 20.62 1-3/32 27.76

14S 7/8-20 5/64 1.98 61/64 24.21 9/16 14.27 3/4 19.05 .938 23.83 29/32 23.01 1-3/16 30.15

14 7/8-20 5/64 1.98 1-11/32 34.14 3/4 19.05 3/4 19.05 .938 23.83 29/32 23.01 1-3/16 30.15

16S 1 -20 5/64 1.98 61/64 24.21 9/16 14.27 7/8 22.23 1.062 26.97 31/32 24.59 1-9/32 32.54

16 1 -20 1/8 3.18 1-3/8 34.92 3/4 19.05 7/8 22.23 1.062 26.97 31/32 24.59 1-9/32 32.54

18 1-1/8-18 1/8 3.18 1-3/8 34.92 3/4 19.05 1 25.40 1.188 30.18 1-1/16 26.97 1-3/8 34.93

20 1-1/4-18 1/8 3.18 1-3/8 34.92 3/4 19.05 1-1/8 28.58 1.312 33.32 1-5/32 29.36 1-1/2 38.10

22 1-3/8-18 1/8 3.18 1-3/8 34.92 3/4 19.05 1-1/4 31.75 1.438 36.53 1-1/4 31.75 1-5/8 41.28

24 1-1/2-18 1/8 3.18 1-3/8 34.92 13/16 20.62 1-3/8 34.93 1.562 39.67 1-3/8 34.93 1-3/4 44.45

28 1-3/4-18 1/8 3.18 1-3/8 34.92 13/16 20.62 1-5/8 41.28 1.812 46.02 1-9/16 39.67 2 50.80

32 2 -18 1/8 3.18 1-15/32 37.31 7/8 22.23 1-29/32 48.41 2.062 52.37 1-3/4 44.45 2-1/4 57.15

36 2-1/4-18 1/8 3.18 1-15/32 37.31 7/8 22.23 2-1/8 53.98 2.312 58.72 1-15/16 49.20 2-1/2 63.50
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