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RATED VOLTAGE 250V 250V 250V 60V
TATED IMPULSE VOLTAGE 2500V 2500V 2500V 1500V
RATED CURRENT 4N 4N 4N 4N
POLLUTION DEGREE 3 3 3 3
OVERVOLTAGE CATEGORY I 11 11 11
MATERIAL GROUP I 11 11 11
CONTACT RESISTANCE <5m() <5mQ) <5m0) <5mQ)
INSULATION RESISTANCE | >100MQ | >100MQ) | >100MOY | >100MO)
DEGREE OF PROTECTION P67 P67 P67 P67
OPERATION TEMPERATURE | -40~85°C| -40~85°C|-40~85°C|-40~85°C
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PANEL SIZE

PIN ARRANGEMENT
D-CODE

T4145515021-001

T4145515031-001 T4145515041-001

T4145515051-001

NOTES :

I TECHNICAL DATA:

2.

PIN ARRANGEMENT:

Zﬁl RECOMMEND TORQUE 0O.6Nm

4.

ROHS AND REACH.

SEE TABLE 1
SEE TABLE 2
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PCB THICKNESS: 1. 6mm COMMENTS MATERTAL DESCRIPITON [TEM
RPC-MI12D-FF-5CON-M12-LP1 5 T4145515051-001
RPC-M12D-FF-4CON-M12-LP1 4 T4145515041-001
RPC-MI12D-FF-3CON-M12-LP1 3 T4145515031-001
RPC-M12D-FF-2CON-M12-LP1I ? T4145515021-001
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