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[1.733] O AL B A\ 4440 THREADED INSERTS NO A 1-207486—2
OBSOLETE /N 33.81+/—.08(.125+/—.003) HOLES YES A 1—207486—"
OBSOLETE /A $3.81+/—.08(.125+/—.003) HOLES YES A 207486—9
PRELIMINARY JAVAN $3.81+/—.08(.125+/—.003) HOLES YES A 207486—7
/\ 4440 THREADED INSERTS YES A 207/486—6
/\ $3.81+/—.08(.125+/—.003) HOLES YES A 207486—5
1. WILL ACCEPT (12) MULTIMATE AND (4) TYPE XII PIN CONTACTS. A\ $3.81+/—.08(.125+/—.003) HOLES NO B 2074862
2. CAVITY IDENTIFICATION ON FRONT AND REAR FACE. N ©3.81+/—.08(.125+/—.003) HOLES NO A 207486—1
/A NO. 4 FASTENERS RECOMMENDED FOR MOUNTING.
NOTES MOUNTING PERIPHERAL PART
4. THIS CONNECTOR WILL ACCEPT INSULATION DIAMETERS UP TO 3.81[.150]. FEATURES SEAL SEE DETAIL NUMBER
/A HOUSING: NYLON, BLACK. -
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