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DATE STGN DESCRIPTION

2021-08-27 | Allen Pan |Rev.03 To Rev.A
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Pin Assignments
Front View

MIZA-XXBFFM-SLBCXX

XX:No. Of Pin

E: Note:

RoHS Compliant

@D Important dimension

Waterproof rate: [PX8, mated
[PX9K, mated

Connector

Housing: Thermoplastic, Black

Pin: Copper alloy, Gold plated

0-Ring: Rubber, Green

Nut: Metal

Outer mold: Thermoplastic, Bla

Cable: [ECO6II56-12, 20#*[P+AL/

PUR Joacket, Green
Cable length folerance:
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XX:0l~15Meters
01:0IMeter
02:02Meters

15 [5Meters
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3M: +100/-0 mm
SM: +150/-0 mm
[OM: 100 mm
[5M: £200 mm

UNTT:
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+0.5mm e A ) (QC): Inspection

S N SEN, MI2 A, SCREW
REN%E __ CABLE W/O SR, F, F, MOLDING Amphenol LTW
A L — BEREROERGERAT

ITEM NO DRAWN BY

Allen Pan

DATE

2021-08-21

DWG NO CHECKED BY

MI2A-XXBFFM-SLBCKX Sam Ho

DATE

2021-08-21

CUSTOMER APPROVED BY

ALTW Fred Lee

DATE

2021-08-21
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