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PART# DESCRIPTION DESCRIPTION
5601230400 DURACLIK ISL HOUSING 4P 1X0.35 SQMM PVC BARE CU BK FLRY-A
5601250400 DURACLIK ISL RETAINER 4P 1X0.35 SQMM PVC BARE CU BK FLRY-A
5601240101 DURACLIK ISL crimp receptacle terminal 1X0.35 SQMM PVC BARE CU BK FLRY-A
. PAPER PRINTED PAPER WHITE 1X0.35 SQMM PVC BARE CU BK FLRY-A

D

SEE DETAIL A

TABLE
PART NUMBER L2 (REF) TITLE
2183231041 63 DURA-CLIK ISL R-S 4CKT 150MM DISC Sn
2183231042 138 DURA-CLIK ISL R-S 4CKT 300MM DISC Sn
2183231043 288 DURA-CLIK ISL R-S 4CKT 600MM DISC Sn

NOTES
1. Free ends must be stripped, twisted & tinned. The length of REVISION

tinning is 5+1mm. Tinning dia must be 1mm Max. DATE REV | DESCRIPTION CHANGER
2. Connector view shown is from mating side. 24/05/2021 |A | INITIAL RELEASE | ARAJU
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