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OPERATION TEMPERATURE -40~85�$�C -40~85�$�C

DEGREE OF PROTECTION IP67 IP67

INSULATION RESISTANCE >100M�^� >100M�^�

MATERICAL GROUP II II

OVERVOLTAGE CATEGOYR II II

POLLUTION DEGREE 3 3

RATED CURRENT 3A 3A

RATED VOLTAGE 30V 60V

TECHNICAL DATA T401300804X-000 T401300803X-000

PBT PRESS SCREW 6

PBT RIGHT ANGLE PLASTIC HOUSING 5

BRASS M8 SCTREW ASSY PLUG TERMINAL 4

BRASS M8 SCREW ASSY OUT SCREW 3

BRASS M8,MALE INSERT NUT 2

PA
M8,MALE HSG,A CODE,4PIN

1
M8,MALE HSG,A CODE,3PIN

MATERIAL DESCRIPTION ITEM

T4013019042-000 RPC-M8-MR-4CON-PG7-M

T4013008041-000 RPC-M8-MR-4CON-PG7-MU

T4013019032-000 RPC-M8-MR-3CON-PG7-M

T4013008031-000 RPC-M8-MR-3CON-PG7-MU

TE PN TYPE

NOTES;

1.PARTS MATERIAL DATA:SEE TABLE1

2.CONTACT FINISH:

  GOLD OVER NICKEL OR SILVER OVER NICKEL

3.CABLE WIRES:

  26AWG/0.14mm
2
 Min & 24AWG/0.25mm

2
 Max

4.ALL DIMENSIONS ARE FOR NOMINAL REFERENCE ONLY UNLESS OTHERWISE STATE

5.PACKAGIN: 1 PIECE IN A BAG

6.PN INFORMATION FOR ASSEMBLY PARTS

 T401300 X  XX  X-000

CONTACT FINISH:
  1:GOLD OVER NICKEL
  2:SILVER OVER NICKEL

NUMBERS OFPINS:
  03:3 PINS
  04:4 PINS
   ...

CABLE OUTLET:
  8:PLASTIC(CABLE FEED:3.5~4.8mm)
  9:METAL(CABLE FEED:3.5~5.0mm)
   ...

3POS 4POS

    ;

1.        1

2.    :  

3.    :26AWG/0.14mm2 Min & 

       24AWG/0.25mm2 Max

4.           ,      

5.  : BAG 1PC

6.          
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TABLE 1

PIN 4

PIN 1
PIN 3 PIN 1

PIN 3

PIN 2 PIN 4
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