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1. MATERIAL : SCALE 8:1
HOUSING
OPTION 1: LCP BLACK, UL94 V-0
OPTION 2: LCP NATURAL, UL94 V-0 ~ 1397 REF.—> HOUSING
TERMINAL: COPPER ALLOY
2. PLATING FINISH:
OPTION 1 - 1.52um(60yin)-2.54um(100yin) TIN OVER,
1.27um(50pin)-2.54pm(100pin) NICKEL OVERALL,
OPTION 2 - 0.38um(15pin) GOLD CONTACT AREA.
1.52um(60in)-2.54pm(100pin) TIN TAIL AREA OVER, !
1.27um(50pin)-2.54pm(100pin) NICKEL OVERALL.
OPTION 3 - 0.76pm(30pin) GOLD CONTACT AREA,
1.52um(60pin)-2.54pm(100pin) TIN TAIL AREA OVER,
1.27um(50pin)-2.54pm(100pin) NICKEL OVERALL.
2. PACKAGE SPECIFICATION REFER TO CHART IN SHEET 3, TERMINAL PIN
3. PRODUCT SPECIFICATION PS-172323-0001.
4. PART MATES WITH MOLEX RECEPTACLE HOUSING 26.99 REF. i
172258 AND 172262 SYMBOLS ;T\ENDSTngJTﬁFSCONL@Z_SElNFORMATlON THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
5. PART CONFORMS TO CLASS "C" REQUIREMENTS OF SPECIFICATION [ U U S0l mm | o4 | TRRREE m OI ex
PS-45499-002 WITH 0.13 MM MAXIMUM FLASH ALLOWED IN CORE '
HOLES AND FRONT SURFACE. ! R ety
6. DISCOLORATION IN THE BANDOLIER AREA OF THE PIN IS 6.55 REE. = 0| eustoL « - |ECNO: 653772 ULTRA-FIT VERT HEADER
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EFFECT OF THE CARRIER. THIS DISCOLORATION IS IN A NON-FUNCTIONAL — — V- o|oriaces - CHK'D: YXZHENG 2021/02/14
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TIN PLATING 15 MICROINCH GOLD PLATING 30 MICROINCH GOLD PLATING
PART NO. | KAPTON OPTION | CIRCUIT SIZE| KEY OPTION | DIMA |DIMF| DIMC COLOR PACKAGING SPEC. PART NO. KAPTON OPTION |CIRCUIT SIZE| KEY OPTION | DIMA |DIMF| DIMC COLOR PACKAGING SPEC. PART NO. |KAPTON OPTION | CIRCUIT SIZE| KEY OPTION | DIMA |DIMF| DIMC COLOR PACKAGING SPEC.
172298-1104 WITHOUT 4 KEY A 3.50 | 8.00 1.75 172298-1204 WITHOUT 4 KEY A 3.50 | 8.00 1.75 172298-1304 WITHOUT 4 KEY A 3.50 | 8.00 1.75
172298-1106 WITHOUT 6 KEY A 7.00 | 11.50| 3.50 172298-1206 WITHOUT 6 KEY A 7.00 [11.50| 3.50 172298-1306 WITHOUT 6 KEY A 7.00 [ 11.50| 3.50
172298-1108 WITHOUT 8 KEY A 10.50 | 15.00| 5.25 172298-1208 WITHOUT 8 KEY A 10.50 | 15.00| 5.25 172298-1308 WITHOUT 8 KEY A 10.50 | 15.00| 5.25
172298-1110 WITHOUT 10 KEY A 14.00 | 18.50| 7.00 BLACK 172298-1210 WITHOUT 10 KEY A 14.00 | 18.50| 7.00 BLACK 172298-1310 WITHOUT 10 KEY A 14.00 | 18.50| 7.00 BLACK
172298-1112 WITHOUT 12 KEY A 17.50 | 22.00| 8.75 172298-1212 WITHOUT 12 KEY A 17.50 | 22.00| 8.75 172298-1312 WITHOUT 12 KEY A 17.50 | 22.00| 8.75
172298-1114 WITHOUT 14 KEY A 21.00 | 25.50 | 10.50 172298-1214 WITHOUT 14 KEY A 21.00 | 25.50 | 10.50 172298-1314 WITHOUT 14 KEY A 21.00 | 25.50 | 10.50
172298-1116 WITHOUT 16 KEY A 24.50 | 29.00 | 12.25 TRAY 172298-1216 WITHOUT 16 KEY A 24.50 | 29.00 | 12.25 TRAY 172298-1316 WITHOUT 16 KEY A 24.50 | 29.00| 12.25 TRAY
172298-2104 WITHOUT 4 KEY B 3.50 | 8.00 | 1.75 PK-172298-9001 172298-2204 WITHOUT 4 KEY B 3.50 | 8.00 | 1.75 PK-172298-9001 172298-2304 WITHOUT 4 KEY B 3.50 | 8.00 | 1.75 PK-172298-9001
172298-2106 WITHOUT 6 KEY B 7.00 [11.50| 3.50 172298-2206 WITHOUT 6 KEY B 7.00 | 11.50| 3.50 172298-2306 WITHOUT 6 KEY B 7.00 | 11.50| 3.50
172298-2108 WITHOUT 8 KEY B 10.50 | 15.00| 5.25 172298-2208 WITHOUT 8 KEY B 10.50 | 15.00| 5.25 172298-2308 WITHOUT 8 KEY B 10.50 | 15.00| 5.25
172298-2110 WITHOUT 10 KEY B 14.00 | 18.50| 7.00 NATURAL 172298-2210 WITHOUT 10 KEY B 14.00 [ 18.50| 7.00 NATURAL 172298-2310 WITHOUT 10 KEY B 14.00 | 18.50| 7.00 NATURAL
172298-2112 WITHOUT 12 KEY B 17.50 | 22.00| 8.75 172298-2212 WITHOUT 12 KEY B 17.50 | 22.00| 8.75 172298-2312 WITHOUT 12 KEY B 17.50 | 22.00| 8.75
172298-2114 WITHOUT 14 KEY B 21.00 | 25.50 | 10.50 172298-2214 WITHOUT 14 KEY B 21.00 | 25.50 | 10.50 172298-2314 WITHOUT 14 KEY B 21.00 | 25.50 | 10.50
172298-2116 WITHOUT 16 KEY B 24.50 | 29.00 | 12.25 172298-2216 WITHOUT 16 KEY B 24.50 | 29.00 | 12.25 172298-2316 WITHOUT 16 KEY B 24.50 | 29.00 | 12.25
172298-7104 WITH 4 KEY A 3.50 | 8.00 | 1.75 172298-7204 WITH 4 KEY A 3.50 | 8.00 | 1.75 172298-7304 WITH 4 KEY A 3.50 | 8.00 | 1.75
172298-7106 WITH 6 KEY A 7.00 [11.50| 3.50 172298-7206 WITH 6 KEY A 7.00 [11.50| 3.50 172298-7306 WITH 6 KEY A 7.00 [ 11.50| 3.50
172298-7108 WITH 8 KEY A 10.50 | 15.00| 5.25 172298-7208 WITH 8 KEY A 10.50 | 15.00| 5.25 172298-7308 WITH 8 KEY A 10.50 | 15.00| 5.25
172298-7110 WITH 10 KEY A 14.00 | 18.50| 7.00 172298-7210 WITH 10 KEY A 14.00 | 18.50| 7.00 172298-7310 WITH 10 KEY A 14.00 | 18.50| 7.00
172298-7112 WITH 12 KEY A 17.50 | 22.00| 8.75 172298-7212 WITH 12 KEY A 17.50 | 22.00| 8.75 172298-7312 WITH 12 KEY A 17.50 | 22.00| 8.75
172298-7114 WITH 14 KEY A 21.00 | 25.50 | 10.50 172298-7214 WITH 14 KEY A 21.00 | 25.50 | 10.50 172298-7314 WITH 14 KEY A 21.00 | 25.50 | 10.50
172298-7116 WITH 16 KEY A 24.50 | 29.00| 12.25 BLACK 172298-7216 WITH 16 KEY A 24.50 | 29.00 | 12.25 BLACK 172298-7316 WITH 16 KEY A 24.50 | 29.00 | 12.25 BLACK
172298-8104 WITHOUT 4 KEY A 3.50 | 8.00 1.75 172298-8204 WITHOUT 4 KEY A 3.50 | 8.00 1.75 172298-8304 WITHOUT 4 KEY A 3.50 | 8.00 1.75
172298-8106 WITHOUT 6 KEY A 7.00 [11.50| 3.50 172298-8206 WITHOUT 6 KEY A 7.00 [11.50| 3.50 172298-8306 WITHOUT 6 KEY A 7.00 [ 11.50| 3.50
172298-8108 WITHOUT 8 KEY A 10.50 | 15.00| 5.25 172298-8208 WITHOUT 8 KEY A 10.50 | 15.00| 5.25 172298-8308 WITHOUT 8 KEY A 10.50 | 15.00| 5.25
172298-8110 WITHOUT 10 KEY A 14.00 | 18.50| 7.00 172298-8210 WITHOUT 10 KEY A 14.00 | 18.50| 7.00 172298-8310 WITHOUT 10 KEY A 14.00 | 18.50| 7.00
172298-8112 WITHOUT 12 KEY A 17.50 | 22.00| 8.75 172298-8212 WITHOUT 12 KEY A 17.50 | 22.00| 8.75 172298-8312 WITHOUT 12 KEY A 17.50 | 22.00| 8.75
172298-8114 WITHOUT 14 KEY A 21.00 | 25.50 | 10.50 172298-8214 WITHOUT 14 KEY A 21.00 | 25.50 | 10.50 172298-8314 WITHOUT 14 KEY A 21.00 | 25.50 | 10.50
172298-8116 WITHOUT 16 KEY A 24.50 | 29.00| 12.25 TAPE REEL 172298-8216 WITHOUT 16 KEY A 24.50 | 29.00 | 12.25 TAPE REEL 172298-8316 WITHOUT 16 KEY A 24.50 | 29.00 | 12.25 TAPE REEL
172298-3104 WITH 4 KEY B 3.50 | 8.00 | 1.75 1722981000-PK 172298-3204 WITH 4 KEY B 3.50 | 8.00 | 1.75 1722981000-PK 172298-3304 WITH 4 KEY B 3.50 | 8.00 | 1.75 1722981000-PK
172298-3106 WITH 6 KEY B 7.00 [11.50| 3.50 172298-3206 WITH 6 KEY B 7.00 [11.50| 3.50 172298-3306 WITH 6 KEY B 7.00 | 11.50| 3.50
172298-3108 WITH 8 KEY B 10.50 | 15.00| 5.25 172298-3208 WITH 8 KEY B 10.50 | 15.00| 5.25 172298-3308 WITH 8 KEY B 10.50 | 15.00| 5.25
172298-3110 WITH 10 KEY B 14.00 | 18.50| 7.00 172298-3210 WITH 10 KEY B 14.00 | 18.50| 7.00 172298-3310 WITH 10 KEY B 14.00 | 18.50| 7.00
172298-3112 WITH 12 KEY B 17.50 | 22.00| 8.75 172298-3212 WITH 12 KEY B 17.50 | 22.00| 8.75 172298-3312 WITH 12 KEY B 17.50 | 22.00| 8.75
172298-3114 WITH 14 KEY B 21.00 | 25.50 | 10.50 172298-3214 WITH 14 KEY B 21.00 | 25.50 | 10.50 172298-3314 WITH 14 KEY B 21.00 | 25.50 | 10.50
172298-3116 WITH 16 KEY B 24.50 | 29.00 | 12.25 172298-3216 WITH 16 KEY B 24.50 | 29.00 | 12.25 172298-3316 WITH 16 KEY B 24.50 | 29.00 | 12.25
NATURAL NATURAL NATURAL
172298-4104 WITHOUT 4 KEY B 3.50 | 8.00 | 1.75 172298-4204 WITHOUT 4 KEY B 3.50 | 8.00 | 1.75 172298-4304 WITHOUT 4 KEY B 3.50 | 8.00 | 1.75
172298-4106 WITHOUT 6 KEY B 7.00 [11.50| 3.50 172298-4206 WITHOUT 6 KEY B 7.00 [11.50| 3.50 172298-4306 WITHOUT 6 KEY B 7.00 | 11.50| 3.50
172298-4108 WITHOUT 8 KEY B 10.50 | 15.00| 5.25 172298-4208 WITHOUT 8 KEY B 10.50 | 15.00| 5.25 172298-4308 WITHOUT 8 KEY B 10.50 | 15.00| 5.25
172298-4110 WITHOUT 10 KEY B 14.00 | 18.50| 7.00 172298-4210 WITHOUT 10 KEY B 14.00 | 18.50| 7.00 172298-4310 WITHOUT 10 KEY B 14.00 | 18.50| 7.00
172298-4112 WITHOUT 12 KEY B 17.50 | 22.00| 8.75 172298-4212 WITHOUT 12 KEY B 17.50 | 22.00| 8.75 172298-4312 WITHOUT 12 KEY B 17.50 | 22.00| 8.75
172298-4114 WITHOUT 14 KEY B 21.00 | 25.50 | 10.50 172298-4214 WITHOUT 14 KEY B 21.00 | 25.50 | 10.50 172298-4314 WITHOUT 14 KEY B 21.00 | 25.50 | 10.50
172298-4116 WITHOUT 16 KEY B 24.50 | 29.00 | 12.25 172298-4216 WITHOUT 16 KEY B 24.50 [ 29.00 | 12.25 172298-4316 WITHOUT 16 KEY B 24.50 | 29.00 | 12.25
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