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GRIP CODE LOGO MARK PART NO. | GRIP CODE APPLICABLE WIRE SIZE
A B C D E F
AVSS, AVSSH, AESSX 0.3 - 0.5mm?
560121-0102 M CIVUS, FLRYW-B 0.35 - 0.5mm? 1.82 (1.91) R0.5 2.51 (2.48) RO.7
B FLRY-B 0.5mm? B
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