PANEL CUTOUT (FRONT SIDE)
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10 [PUSH LATCH STEEL, NICKEL PLATED
9 [CONTACT (1) PHOSPHOR BRONZE, Ni--Au-Sn PLATED
8 [GROUND CONTACT (G) |PHOSPHOR BRONZE, SILVER PLATED
7_|CONTACT (5) PHOSPHOR BRONZE, SILVER PLATED e T
6_|CONTACT (R) PHOSPHOR BRONZE, SILVER PLATED O L s R
5 [CONTACT (283) PHOSPHOR BRONZE, Ni-+Au+Sn PLATED P N o K
4 [CONTACT () PHOSPHOR BRONZE, SILVER PLATED — .
3_|PUSH SPRING STEEL, HEAT TREATMENT i
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