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Ordering reference: 9416/076-8230/165-S6-xxx

xxX is cable length in decimeter
ex: 030 means 3 meters cable
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SPECIFIED DIMENSIONS ARE IN MILLIMETERS

[INCHES] AND ARE INTENDED 941 6/076-8230/] 65-S6-xxx

AS NOMINAL. SEE PRODUCT SPECIFICATION
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