CLIFF

Panel cut out (front view)

19

24

Specification + Technical Data:
Contact Resistance: 30mR MAX
Insulation Resistance : 500MQ min

s
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Dielectric withstanding voltage: 500V AC one minute

Rated Current: 1.5A
Rated Voltage: 30V
Temperature Range: 0°C to +50°C

(High-Speed): 25Mbps ~ 400Mbps (Max 480Mbps)

[Full Speed): 500Kbps ~ 10Mbps (Max12Mbps]|
[Law Speed): 10Kbps ~100Kbps (Max 1.5Mbps)

Plating
Contact : Touch Area Golden Plating 1u”

Soldering Area Tin Plating 40p” min

USB Shell: Nickel Plating 40p” min

ITEM | DESCRIPTION| MATERIAL | FINISH
1 FRAME ZNC DIECAST | BLACK
2 FT INSERT ABS BLACK
3 SCRBN STEEL NICKEL
4 USB2 A-B PBT WHITE
5 | USB2 SHELL BRASS NICKEL
6 CONTACTS BRASS GOLD

Contact |Standard A|Standard B
1 VBUS 14.75- | VBUS lb. -
5.25 V] 5.25 V|
2 D- D-
3 D+ D+
L Earthing | Earthing
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