Verpackt im Gurt in Anlehnung an DIN IEC 60286-3
tape on reel packaging according to DIN IEC 60286-3
Verpackungseinheit: 100 Stlck

packaging unit: 100 pcs
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4 3 _ 234041 tape on reel packaging
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