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THIS SERIES FULLY CONFORMS TO
THE EUROPEAN UNION DIRECTIVES
2011/65/EU FOR RoHS COMPLIANCY.
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_ Back shell | IPcs | C3604 | Nickel 5.0um min ploted| — $10.0%5.45
m Magnet | lpcs NS2  [Nickel 5.0um min plated | #10.0%3.0%x87.0
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’ 3 Gold 0.075um min plated
POGD Pin | 9pes | Brass | ger 1.25~3.0um Nickel | #15%7.00
PCB LAYOUT Front shell| Ipcs | SUS316F $10.0%2.95
LAYOUT TOLERANCE: £0.05mm Part Name| @'TY | Material Flnlsh Remarks

ACAD REFERENCE NO.:  685-0032220-111 UNIT: MM
POGOPIN, 3 POS, MALE DRAWN: E.S DATE:  JUN.22/2022
CHECKED: J.L. DATE: AUG.04/2022
EDAC INC THESE DRAWINGS AND SPECIFICATIONS SCALE: (INC.AD. 1:1) SHEET 1 OF 1
ARE THE PROPERTY OF EDAC INC.,AND
m:zn RO IO | G Useb AS THE oASIS FoR e | DRAWING NUMBER:  685-0032220-111 ISSUE

YOUR CONNECTION TO QUALITY & SERVICE

MANUFACTURE OR SALE OF APPARATUS
WITHOUT WRITTEN PERMISSION.

PART NUMBER:

685-0032220-111




