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ECN NO. DATE DESCRIPTION

2021-03-03 Rev.0l to A, Initial Released
C210726 | 2021-05-07 /A

5 Pin 4.4 LMI2A-05BMMM-SL8BXX

4 Pin PUR 4.0 LMI2A-04BMMM-SL8BXX

3 Pin 3.8 LMI2A-03BMMM-SL8BXX
Contacts|Cable Jacket|Cable OD [tem No.

Note:
* @D Important Dimension
* Waterproof Rate: [PX8, Mated Im/24h
* Connector
Housing: Thermoplastic, Black
Pin: Copper Alloy, Gold Plated
O-Ring: Rubber, Green
Nut: Metal
Ou%er Mold: Thermoplastic, Transparent Black.
¥ Cable: UL20549, PUR Jacket, Black
Pin # Wire ¥ Cable Length Tolerance:
: IM: +50/-0 mm
Pin Out
Mz +100/-0 mm LMIZA- XX BMMM-SL8B XX

SM: +150/-0 mn —
"
OM 100 No. Of Pin K0 LZ0-99Meters

[ OM 20M: £200 e

Ol:L=IMeters
20M 30M: £300 02:L=2Meters
30M 99M: £500 :

Pin Assignments Front View 99:L-99Meters

UNIT:mom | € = [ w2 s Type 180° Male Cable With LED Amphenol LTW Sam Ho 2021-03-03

o T v ‘ LMI2A-XXBMMM-SLBBXX | Fred Lee 2021-03-03

‘ [ A=++ E_ A /-\ — CUSTOMER APPROVED BY DATE
5 @O Inspection iien ZRADBRERROBARAH ALTH Fred Lee 2021-03-03
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