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v 3 TECHNICAL SPECIFICATION
i D ! DISSIPATION AT 25°C : 50 WATTS MOUNTED
o] = ON STANDARD HEATSINK
RE o BS OHMIC RANGE : RO51 TO 72K
- 7£0. - STABILITY : AR < =1% PER 1000Hrs

ISOLATION VOLTAGE : 2500V DC/AC pk
MAX WUORKING VOLTAGE : 1250V DC/AC rms
TEMP COEFFICIENT @ > 1RO 50ppm
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