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MATERIAL:

CONNECTORS: 2X SMA MALE R/A (SF2912-60955)
CABLE: FLEXIBLE @.047 CABLE
SHRINK TUBING: M23053/5 SVPIN OAL
7029-3823 12.000
PERFORMANCE: 7029-3824 6.000
MATERIAL: DIMENSIONS ARE IN INCHES TOLERANCES: Amphenol
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