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15 | 3119 | 16.66 | 25.00 503 | 164X11949X NOTES:

26 ]39.52 | 24.79 | 33.30 %07 | 164X11959X 1. METALSHELLS: STEEL; min. 320p" TIN

Ll | 53.42 ] 3850 | 47.04=013 | 164X11969X 2. INSULATORS: PBT GF UL 94 V-0, BLACK

62 | 69.70 | 54.96 | 63.50 013 | 164X11979X 3. ] =CRITICAL DIMENSION: SPC
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