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No. of pos.| A -1 | B -02s C Part No:
9 3119 | 16.46 | 25.00 3% | 165X13129X
15 3952 | 24.79 | 33.30 3P | 165X13139X
25 53.42 | 38.50 | 47.0Ls0153 | 165X13149X
37 69.70 | 54.96 | 63.50 :03 | 165X13159X
(165X13349X / 165X13159X-S)
50 67.31 | 52.55 | 61.10 53t | 165X13169X
NOTES:
1. METALSHELLS: STEEL; min. 315pin TIN over 40-80pin NICKEL
2. CONNECTOR IS PART MARKED: [PART NO: CONEC ABC
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N - drawn | 24.07. |  Schmidt Covered screen cap 9-50pos.
5 < |§,E_: _ ;%_ = appd. | 24.07. | Mickenbecker for plug connector
; ><%8 < norm DIN 41652 for EMI/RFI
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