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Oct. 24
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Name
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See Notes

Protective Cover Assembly Kit
Industrial Ethernet Connector (IP67)

RoHS compliant

39K1A205

SEE P/N ABOVE

Tolerance
Unless otherwise specified

0   PLC     `0.50

1   PLC     `0.38

2   PLC     `0.25

3   PLC     `0.10

ANGLES    `3~

Notes:
1. Material and Finish:
   - Protective Cover: Polyester (Black) or Metallized ABS (Nickel Plated); UL94 V-0
   - Cover Gasket: Silcone, Color: White
   - Tether: Polycarbonate, Color: Black 

2. Operating Temperature: -40~C to +85~C
3. IP67/IP68 rated when fully mated with the appropriate mating connector
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Cover Gasket

Protective Cover

(Plastic or Metallized Plastic
with bayonet Locking Style)
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