Cable Fitting
Metal Version

Shielded
Cat. 5e .
Plug Housing
RJ45 Plug Zinc Die-Cast
Coupling Ring
Bayonet Locking Style,
Zinc Die-Cast version
Notes:

1. Electrical Specifications:
- Meets EIA/TIA-568-B.2 Cat.5e Specification
- Contact Resistance: 20mOhm max. Key Protrusion x 3
- Insulation Resistance: 500MOhm min. @ 100 VDC
- Current Rating: 1.2A max. at 25'C
- Working Voltage: 100 VDC
- DWV: 1000 VDC/60s Contact to Contact, 1500 VDC/60s Contact to Metal Shell
- Operating Temperature: -40°C to +85'C

2. Material and Finish:
- Coupling Ring and Plug Housing: Zinc Die-Cast, Nickel Plated
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