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NOTES:
Ambient temperature (operation): SCALE 2:1 10 |: |:
-25 °C ... 80 °C (Plug / socket) |

Degree of protection: IPG5
Degree of protection: IP67 0,6 Nm
General:
Rated current at 40°C: 3A 9 2,5 - 5,2 mm
Rated voltage: 60V ENG.-No.: NO3FA03144 0,25 - 0,50 mm?
Number of poles: 3
ConneCtlon meth_Od: . . QUALITY | THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX INCORPORATED AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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