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MATERIAL NO. |ENGINEERING NO.|FINISHED LENGTH
1200900009 4R3F06A27C300 | 11.81" +.75—0 [30CM+19mm—0]
1200900010 4R3F06A27C600 | 23.62" +1.75—0 [60CM+44.5mm—0
LENGTH (SEE CHART> M8 x 1.0 —.394 [10.00mm] |=—
M8 x 1.0
— — .09 [2.3mm]
—~
| 59
— | 59
/S [19.0mm]
CONNECTOR
SPECIFICATION:
VOLTAGE RATING 60VAC/735VDC
AMPERAGE RATING 4 AMPS
PROTECTION IP67
OPERATING TEMPERATURE | -20°C TO 103°C
UL CERTIFICATIONS UL LISTED, FILE NO. E132210
CSA CERTIFICATIONS CSA CERTIFIED,FILE NO. LR6837
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