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INTERPRET DRAWING IN

ACCORDANCE WITH
ASME Y14.5-2009.

JOHNSON
CABLE ASSY, METRIC, SMPM STR FEMALE TO

SMPM RA FEMALE, .086" SEMI-RIGID
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CABLEAR3

SMPM STR FEMALE11

DESCRIPTIONQTYITEM

NOTES: UNLESS OTHERWISE SPECIFIED.
 
 1. CABLE ASSEMBLY DIELECTRIC WITHSTANDING VOLTAGE:
   500 VRMS FOR A PERIOD OF ONE MINUTE.
 2. CABLE ASSEMBLIES TO BE 100% TESTED FOR VOLTAGE AND CONTINUITY.
 3. VSWR: 1.50 MAX DC-18GHz

“"LENGTH"

TABLE 1

MODEL NUMBER LENGTH

415-0525-MM200 200mm �#�6

415-0525-MM250 250mm �#�6

SMPM RA FEMALE12

PART LIST

1 3 2
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