TABLE 1
MODEL NUMBER LENGTH
415-0526-006 6.004.15
415-0526-017 12.004.75

“LENGTH”

)

NOTES: UNLESS OTHERW ISE SPECIFIED.

1. CABLE ASSEMBLY DIELECTRIC W ITHSTANDING VOLTAGE:

500 VRMS FOR A PERIOD OF ONE MINUTE.

2. CABLE ASSEMBLIES TO BE 100% TESTED FOR VOLTAGE AND CONTINUITY.

3. VSWR: 1.50 MAX DC-186Hz
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