THIS COPY |S PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

— SEE NOTE 5
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PANDUIT P/N WE IGHT

.77 LB/10 _PCS
(350 g/ 10 PCS)

T70FVv2

NOTES:

SEE CURRENT CATALOG FOR ADDITIONAL

PART SUFFIXES TO INDICATE COLOR AND

OR PACKAGE QUANTITY.

THE T70FV2 ACCEPTS TWO (2) MINI-COM MODULES.
DIMENSIONS [N PARENTHESIS ARE IN METRIC.

THE T70FvV2 FACEPLATE CAN BE USED WITH
PANDUIT SURFACE RACEWAY SYSTEMS AND BOXES
THAT ACCEPT 70mm SNAP-ON FACEPLATES

( INCLUDES: T-70, TWIN-70, TE70, TG-70, ETC.)
PANDUIT PART NUMBERS CIPe+«C AND CIDe+C TO BE
USED WITH ICON POCKETS.
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