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NOTES:
1.MATERIAL SPECIFICATION:
1.1.HOUSING:HIGH TEMPERATURE RESISTANT PLASTIC,
           UL94 V-0.
1.2.CAP:HIGH TEMPERATURE RESISTANT PLASTIC,
           UL94 V-0.
1.3.CONTACTS:COPPER ALLOY
1.4.MIDDLE CLIP: STAINLESS STEEL
1.5.SHELL: STAINLESS STEEL
2.PLATING:
2.1 TERMINAL:PLATING NICKEL 50u"~150u" OVER ALL.
   Au PLATING 1u" ON CONTACT AREA AND SOLDERING AREA 
   OVER NICKEL.
2.2. SHELL: PLATING NICKEL 50u"~200u" ON SOLDERING AREA.
2.3.MIDDLE CLIP :CLEANING
3.  PRODUCT SPEC:PS-216990-001
4.  PACKAGE SPEC:PDD_2193200001PK
5.  PRODUCT COMPLIANCE TO ROHS DIRECTIVE 2011/65/EU
6.  PLEASE CONTACT YOUR SALES REPRESENTATIVE IF 
   INTENDED FOR AUTOMOTIVE
7.  DATE CODE:Y WW D
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USB TYPE-C PIN ASSIGNMENTS
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