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TABLE 1

POS | DESCRIPTION MATERIAL | FINISH

1 NUT M12 FE BRASS Ni

2 NUT M12 MA BRASS Ni

3 CONTACT 15 MA BRASS Au

4 CONTACT 15 FE BRASS Au

5 INSERT FEMALE PA GREY

6 INSERT MALE PA GREY

. 7 OVERMOLD TPE BLACK

NOTES 8 CABLE 5x1.5 D8.6 WSOR | PUR GREY

9 GASKET OR 8.2X1.25 FKM BLACK
RATED VOLTAGE: MAX. 63V AC/DC . . OPTIONAL 110 ID-CARRIER - -
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IP RATING: P67 (mated and locked condltlon) SYMBOLS [DIMENSION UNITS|  SCALE CURRENT REV DESC: UPDATED ATTRIBUTE TO

TEMPERATURE RANGE: -25°C TO +85°C
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L = L-Code P = Power

|
M = Meter

005 = 0.5 Meter

ENGINEERING NO - NUMERICAL CODE (Available parts see PART LIST table. Other parts available upon request).

13 14

X

First End Unit of measure 010 = 1 Meter
L = L-Code _
- 020 = 2 Meter
Second End 4=4POLES B66 = CABLE 5X1.5 WSOR GY D8.6 TPU UNSH | _
5 = 5 POLES Cable used 100 = 10 Meter
Number of Pins 150 = 15 Meter
DOUBLE ENDED UNSHLD Cable length
033 = female 90° to male 90°
Head configuration

TABLE 2

NOMINAL SECTION 1,5mm?

MATERIAL NO. | ENGINEERING NO. | L [mm] | TOLERANCE [mm]

1205010224 | LLP5033B66M005 | 500 +40

1 20501 0225 LLP5033B66MO1 O 1 000 +40 Fgﬁa‘gg[‘éL 'DI':-’:,IEN[)SIIQOA:VJ:ﬁSON'I'SiIZ_SEINFOSSQEZNN;H}:;\I/SDPESZRIS;T:’R’AYT'IE'EODMAO-:—_-i;lEBLS-Cr'II;RfoNIC TECHNOLOGIES, LLC AND SHOULD NOT BE liED WITHOUT WRITTEN PERMISSION
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