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D000 C2T2431F4
p Finish - Top - Painted Steel
Rated - 115 VAC, 50/60 Hz, 0.77 Amps
:ﬁmﬂ:ﬁ? Free Flow Air Delivery - 400 CFM
i Approvals - cURus Recognized UL507 and CSA C22.2 No.113
Black - C2T2431F4BK1
| 6' FooT Beige - C2T2431F4CG1
R L ° POWER CORD HARDW ARE
N ‘ % 6 Screws - RoundHead 8-32 x 1/2"
| 209.58 mm 6 Speed Nuts
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