DIMENSIONS:

4.375" 10.063
5.096" 10.125
5.300" 10.063
3.500" 10.063
3.500" +0.063
0.281" x 0.625" +0.015
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ELECTRICAL DATA:

TESTS CONDITIONS ACCEPTANCE CRITERIA
lex @ 120V, 60Hz, WHT - BLK 400mA Max.
Sec. N.LV | @ 120V, 60Hz, WHT - BLK

RED-RED=| 676.7v 2%
RED - RED/YEL = RED/YEL - RED = | 338.4V +2%
RED/YEL-VIO=| 52.46V +2%
YEL-YEL=| 5246V 2%
YEL - YEU/BLK = YEL/BLK - YEL = | 2.623V 2%
GRN-GRN=| 6.557v +2%
GRN - GRN/YEL = GRN/YEL-GRN = | 3.279V +2%
DCR @20°C, WHT-BLK=| 1050Q  +20%
@20°C,BRN-BLU= | 1.137Q *20%
@ 20°C, RED-RED = | 28.60 Q +20%
@20°C, YEL-YEL=| 00190 +20%
@20°C,GRN-GRN=| 0.012Q +20%
HIPOT PRMARY - SECONDARY 2500V, 60Hz, 1 SEC
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