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ELECTRICAL DATA:

TESTS CONDITIONS ACCEPTANCE CRITERIA
lex @ 120V, 60Hz, WHT - BLK 140mA Max.
Sec. NLV | @ 120V, 60Hz, WHT - BLK

RED-RED = | 6945V 2%
RED - RED/YEL = RED/YEL -RED = | 347.3V 2%
RED/YEL-VIO = | 50.16V +2%
YEL-YEL=| 5.402V 2%
YEL - YEL/BLK = YEL/BLK - YEL = | 2.701V +2%
GRN-GRN=| 6.945v +2%
GRN - GRN/YEL = GRN/YEL - GRN = | 3.473V 2%

DCR @20°C, WHT-BLK=| 4460Q  +20%

@20°C,BRN-BLU= | 4825Q  +20%

@20°C,RED-RED=| 12460  +20%

@20°C,YEL-YEL=] 0051Q  £20%

@20°C,GRN-GRN=| 0054Q  +20%

HIPOT PRMARY - SECONDARY 2500V, 60Hz, 1 SEC
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