
www.hammondmfg.com

Data subject to change without notice.

Link:www.hammfg.com/HN4WM24428SS

Part # : HN4WM24428SS Mar. 23, 2019Date :

CLEAR SPACE
AVAILABLE

ON DOOR

CLEAR SPACE
AVAILABLE

ON DOOR

FRONT VIEW

TOP VIEW

SIDE VIEW
SIDE VIEW BACK VIEW

BOTTOM VIEW

ISOMETRIC VIEWS

24.00 21.00
INNER PANEL

39.00
INNER PANEL

2.00
TYP

18.0018.00

25.25

O 0.44
TYP

19.25

2.28 I/S

8.03
USABLE
DEPTH

20.58
TYP

13.93
TYP

R 3.00
TYP

42.009.09

26.25

8.00

19.00
DOOR
TYP

22.46
DOOR

39.25
DOOR 

OPENING

21.25
DOOR 

OPENING

2.00 I/S
TYP

2.00 I/S
TYP

2.28 I/S18.6318.63

GASKET

2.00 I/S
TYP

2.00 I/S
TYP

GROUND STUD
BODY TYP

GROUND STUD
DOOR TYP

10.81

2.95 REMOVABLE 
CENTER POST


