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PART NUMBERS
 HDME22610  PAINTED BLACK TEXTURED

NOTES

 See Hammond Website for Additional AccessoriesRIGHT SIDE VIEW

TOP VIEW

BOTTOM VIEW

REAR VIEWFRONT VIEW

SECTION A-A

FRONT VIEW
DOORS REMOVED

A A

Item Number Title Quantity

1 HME - FRAME WELDMENT 2200 X 600 X 1000 1

2 HME TOP PANEL ASSEMBLY 1

3 HME BOTTOM PANEL ASSEMBLY - 600MM X
1000MM

1

4 HDME - SOLID DOOR ASS'Y 2200MM X 600MM 1

5 HDME - SOLID DOOR ASS'Y 2200MM X 600MM 1

6 GLAND PLATE 13.88 x 13.88 2

7 DEPTH GRID STRAPS (PAIR) 3

8 47U PANEL RAILS FOR 19"MTG  (PAIR) 2

9 HME-SIDE PANEL (PAIR) 2200 X 1000 1

10 HME - LEVELLING FEET (SET) 1

18.35 in
466 mm
19" MTG

17.81 in
452 mm

OPENING

82.48 in
2095 mm

(47U RAIL)

82.93 in
2106 mm
OPENING

86.60 in
2200 mm

2.81 in
71 mm

89.00 in
2261 mm

1.88 in
48 mm

13.88 in
352 mm

13.88 in
352 mm

13.88 in
352 mm

13.88 in
352 mm

23.62 in
600 mm

39.37 in
1000 mm

41.02 in
1042 mm

12.27 in
312 mm

27.81 in
706 mm

DIE CAST
SWING HANDLE
BOTH DOORS

3.00 in
76 mm

2X

TYP

11.50 in
292 mm

11.50 in
292 mm

GLAND PLATE
CUT-OUT, TYP

GLAND PLATE
CUT-OUT

32.98 in
838 mm

2X

ISOMETRIC VIEW

DOORS AND SIDE
PANELS REMOVED

ISOMETRIC VIEW
2.81 in
71 mm
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DETAIL B

3.00 in
76 mm
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