HOLE PLUG—

GASKET

CLOSED CELL
EPDM/NEOPREAN BLEND—

PLUGGED HOLE DIA RANGE:
2.875in-3.125in
73.03mm-79.38mm

TRADE SIZE REF:
2-1/2" CONDUIT (2.969in)

MATERIAL:
PLUG AND NUT - POLYCARBONATE
RAL 7035 LIGHT GRAY
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PART No. HP250PCLG

for more information visit

www.hammfg.com

Data subject to change without notice

Drawing Not to Scale




	Sheet1
	Drawing View3
	Section View A-A


