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MATERIALS AND FINISHES:

INSULATOR: PTFE

SMA JACK BULKHEAD CONNECTOR:

BODY, CRIMP TUBE, JAM NUT: BRASS
PLATED GOLD

CENTER CONTACT: BERYLLIUM COPPER
PLATED GOLD

LOCK WASHER: PHOSPHOR BRONZE
PLATED GOLD

FLAT

SMA JACK BULKHEAD CONNECTOR

MHF® 4L LK CONNECTOR

CABLE: 1.37MM CABLE

HEAT SHRINK TUBE: PE

PERFORMANCE REQUIREMENTS

FREQUENCY RANGE: 0~12GHz

IMPEDANCE: 50 O

WITHSTAND VOLTAGE(AC): 350V @0.5mA

CONTINUITY: 100% TEST

PACKAGING BY PLASTIC BAG
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HEAT SHRINK TUBE

1.37MM CABLE

MHF® 4L LK CONNECTOR
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