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NOTES:
1. ASSEMBLY MARKED WITH MOLEX, MOLEX P/N, REV &
DATE CODE IN YYWW FORMAT. SEE EXAMPLE 1.
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SHRINK TUBING

\ CONFORMABLE .086" CABLE

SHRINK TUBING

STRAIGHT SMA PLUG SMA R/A PLUG
2GHz 6GHz
MOLEX P/N VSWR MAX IL MAX VSWR MAX IL MAX FCT P/N LENGTH TOLERANCE
73230-9320 1.15 .150 dB 1.30 .200 dB 24P103C24P2-003 3.000" +.150
73230-9321 1.15 .250 dB 1.30 .450 dB 24P103C24P2-006 6.000" +.150
73230-9322 1.15 .380 dB 1.30 .680 dB 24P103C24P2-009 9.000" +.150
73230-9325 1.15 .450 dB 1.30 .700 dB 24P103C24P2-012 12.000" +.175
73230-9324 1.15 .600 dB 1.30 1.000 dB 24P103C24P2-018 18.000" +.200
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