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H13045U48BK

50 Pack of mounting hardware included
See Hammond Website for Additional Accessories
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L.S. VIEW

Item
Number

Title Quantity

1 H1 - FRAME (30WX45UX48D) 1

2 H1 - CURVED DOOR VENTED (30WX45U) 1

3 H1 - SPLIT DOORS VENTED (30WX45U) 1

4 TOP PANEL - SOLID 1

5 TOP PANEL - BRUSHED CABLE ENTRY 1

6 H1 PANEL RAIL SQ HOLE (PAIR) 2

7 PDU MTG BRKT 1

8 HEAVY DUTY SWIVEL CASTER 4
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4X
LEVELING FEET

5/16-18 UNC

84.60 in
2149 mm

1.03 in
26 mm

48.00 in
1219 mm
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L.S. VIEW
DOORS REMOVED

78.81 in
2002 mm

(45U)
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18.35 in
466 mm
19" MTG

17.81 in
452 mm

OPENING

3.41 in
87 mm

2.38 in
60 mm

4X
O 2.25 X 7.50 INCH

BRUSHED CABLE ENTRY2X
O 4.00 X 7.00 INCH

KNOCK OUT CABLE ENTRY

KNOCK OUTS
FOR GANGING

31.36 in
796 mm

40.86 in
1038 mm

14.00 in
356 mm

LIFT OFF 
HINGES

KNOCK OUT
LAG HOLE
O .562

30.00 in
762 mm

26.50 in
673 mm


