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GRDBARV22 1"X0.125" Solid Copper

Mounts directly to grid straps, frame mounting surface, or optional

grid spacer brackets.

Fits 2200mm tall enclosures
See Hammond Website for Additional Accessories

Data subject to change without notice. Isometric drawing not to scale.
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