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1. DATA SUBJECT TO CHANGE www.hammfg.com
MATERIAL: 2. WILL FIT ENCLOSURE - i i
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CLEAR COVER: INJECTED POLYCARBONATE




	Sheet1
	Drawing View1
	Section View A-A
	Section View B-B
	Drawing View5
	Drawing View6
	Drawing View7


