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ASSEMBLY - VIEW FROM SIDE

1588H12B1BK
Finish - Case - Black Painted Aluminum Extrusion
Ends - ABS Plastic
Rated - 125 VAC, 60 Hz, 15 Amps
Approvals - CSA Certified Standards C22.2 (No. 21-95, 42-99)
- UL Listed Standard UL1363
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